
Product Name Pulsar 6000W Gasoline Generator

Brand Pulsar

Model# PG6000

UPC 819699010388

Rated Wattage Continuous (Watts) 5000W                                                                                

Rated Wattage Peak (Watts) 6000W                                                                                

Color(s) Black & White

Generator Type Portable Generator

Engine Make (On EPA Label) CHONGQING DAJIANG POWER EQUIPMENT CO., LTD

Engine Manufacturer CHONGQING DAJIANG POWER EQUIPMENT CO., LTD

Fuel Gauge YES

Fuel Tank Capacity (Gallons) 6.6

Generator Power Type Gasoline Powered

Auto Idle Control NO

Engine Displacement (cc) 302cc

Wheel Kit Included NO

Full Load Fuel Consumption (Gallons/Hour) 0.73

Run Time at 50% Load (Hours/Tank) 13.5

Automatic Voltage Regulation YES

Battery Charger with Cables NO

Built-in Inverter NO

Fuel Type Gasoline 

Horse Power (hp) 10hp

Hours Meter YES (3 in 1)

Volt Meter YES (3 in 1)

Low Oil Shut Off YES

Operational Volume (dB) 72dB

OSHA Required GFCI Outlets NO

Overload Protection YES

Power Type AC Current

Starter Type Recoil Start
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Voltage Rating (Volts) 120V/240V

Amperage (Amps 120V)
Rated Amps: 42A                                                                                          

Peak Amps: 50A                                                                           

Amperage (Amps 240V)
Rated Amps:21A                                                                                          

Peak Amps: 25A                                                                            

Number of Circuits 2

AC Output Receptacles
2ea - 120V 20AMP DUPLEX / 120V 30AMP TWIST-LOCK                             

120V/240V 30AMP TWIST-LOCK

DC Output Receptical 12V 8.3AMP

Assembly Required YES

Muffler YES

Product Height (in.) 21.9in.

Product Length (in.) 27.5in.

Product Width (in) 21.1in.

Product Weight (lb.) 159lb

Package Height (in.) 23in.

Package Length (in.) 31.5in.

Package Width (in) 21.7in.

Package Gross Weight (lb.) 169lb

Manufacturers Warranty 2 Year Limited

UL Safety Listing NO

CARB Certificate NO

CSA Certificate NO

Energy Start Compliant NO

EPA Approval YES

ETL Certified NO

QA: Does this product require an MSDS Report NO

QA: Is a Prop 65 Warning Required? NO

Sensormatic Tag in Package NO

QA: UL, ETL, CSA or ARL Tested/Listed? NO
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