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13405 55-1697
13405-220 55-1698

13408 13408MB

Exam Lamp Exam Lamp

Goose Neck Style Dome Style

Item # Product Description UoM Item # Product Description UoM

13405 “Flared, Cone” Style Shade 1/cs 13408 “Dome” Style Shade 1/cs

13405-220 “Flared, Cone” Style Shade, 220V, 1/cs 13408-220 “Dome” Style Shade, Special Order Only  1/cs
Special Order Only 13408MB “Dome” Style Shade with Mobile Base 1/cs

« 16" flexible goose neck adjusts 360°.

+  Goose neck allows the lamp to be adjusted in any
direction.

. Weighted, steel base prevents tipping.

«  Adjustable height: 48"— 72",

«  3-prong plug.

. UL listed.

. For use with incandescent light bulbs up to 60 watts.
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Warranty Limited Lifetime Warranty Limited Lifetime
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