\NEST CHESTER.

SPEC SHEET

WEST CHESTER 2910

4 MIL INDUSTRIAL GRADE POWDER /
FREE BLUE NITRILE GLOVES e |

Powder free industrial grade disposable nitrile gloves are perfect for ‘ / y
individuals with latex allergies. Stretches for snug sensitive fit and
maximum dexterity. Textured for added grip. Great for working with
oils and solvents.

FEATURES

* Blue, 100/box

« Ambidextrous design fits right or left hand, loose fit around wrist for
comfort, rolled cuff prevents tearing when pulling off and on

« Made from component materials that comply with Federal 4
Regulations for Food Contact: 21CFR, 170-199

¢ POSI-SHIELD

APPLICATIONS -

« Automotive

* Plumbing \
* Assembly

« Manufacturing

« Transportation Security

» Law Enforcement

PACKING INFO
TEST STANDARDS YNTININEI 1 Units Per Pack, 10 Units Per Case
* 21 CFR 170-199 for food contact; Tensile Strength: 14MPA; ITEM PAIR UPC INNER PACK GTIN IMASTER PACK GTIN
Elongation before aging: 500% 2910/XS 662909029140 N/A 10662909029147
SIZES 2910/S 662909029157 N/A 10662909029154
XSmall, Small, Medium, Large, XLarge, 2XLarge 2910/M 662909029164 N/A 10662909029161
2910/L 662909029171 N/A 10662909029178
DIMENSIONS 2910/XL 662909029188 N/A 10662909029185
ITEM SIZE ‘ PALM WIDTH ‘ GLOVE LENGTH 2910/XXL 662909029195 N/A 10662909029192
XSmall 2.75" 9" PACKAGING DIMENSIONS AND WEIGHTS
Small 3.14" 9" ITEM PC WEIGHT (LBS) | MASTER PACK (IN) MASILE;SE’ACK
Medium 37 9" 2910/XS 1 135x105x 9.5 11
Large 4.13" 9 2910/S 0.9 13.39 x 10.43 x 9.45 10
XLarge AT 9 2910/M 1 13.39 x 10.43 x 9.45 11
2XLarge 4.9" o 2910/L 11 13.39 x 10.43 x 9.45 12
2910/XL 12 13.39 x 10.43 x 9.45 13
2910/XXL 13 13.39 x 10.43 x 9.45 14
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