
CLASSIC TRAPPER™ HAT

ADJUSTABLE ONE-PIECE ICE TRACTION 
DEVICE

STRETCH CAP

•	Faux fur detail, quilted satin crown lining
•	Durable wind- and water-resistant shell
•	60 grams of 3M™ Thinsulate™ Insulation
•	Button flaps with side holes for hearing

•	10 rugged, heat-treated carbon steel studs
•	Adjustable cord cinches tight for a secure fit
•	Stretchable rubber for fit and easy on/off
•	Flexible to -40°F (-40°C)
•	U.S.: M (5-8), L (8-11), XL (11-15)

•	100% polyester knit
•	6810: Half cap style
•	6815: Full face style
•	One size

6802

6310

6810/6815

ITEM #	 SIZE	 COLOR

B910969	 S/M	 Black

B910970	 L/XL	 Black

ITEM #	 SIZE	 COLOR

B305936	 M	 Black

B305937	 L	 Black

ITEM #	 SIZE	 COLOR

B305938	 XL	 Black

ITEM #	 SIZE	 COLOR

B305941	 Half	 Black

B306071	 Full	 Black

BUILT TO ENDURE.
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ONE-PIECE ICE TRACTION DEVICE/ TUNGSTEN CARBIDE ICE TRACTION DEVICE

•	�6300: 8 rugged, heat-treated  
carbon steel studs 

•	�6300TC: 8 rugged, durable  
tungsten carbide steel studs

•	�Stretchable rubber for fit and  
easy on/off

•	Flexible to -40°F (-40°C)
•	�U.S.: M (5-8), L (8-11), XL (11-15), 

2XL (15-18)

6300/6300TC

ITEM #	 SIZE	 COLOR

B305908	 M	 Black

B305934	 L	 Black

B305935	 XL	 Black

B1874496	 2XL	 Black

ITEM #	 SIZE	 COLOR

B2274283	 M	 Black

B2274285	 L	 Black

B2274284	 XL	 Black

B2274265	 2XL	 Black

6300

6300

6300TC

6300TC

TUNGSTEN  
CARBIDE STUD

HEAT-TREATED  
CARBON STEEL STUD

THE 6300TC FEATURES TUNGSTEN CARBIDE STUDS:

// 	 ARE A STRONGER ELEMENT THAN  
	 HEAT-TREATED CARBON STEEL.

// 	 HAVE 40% THINNER PROFILE FOR BETTER  
	 PENETRATION AND STRONGER GRIP.

PERFORMANCE ONE-PIECE ICE 
TRACTION DEVICE

•	12 rugged, heat-treated carbon steel studs 
•	Stretchable rubber construction
•	Contoured, “step-in” design wraps boot
•	Flexible to -40°F (-40°C)
•	U.S.: S (5-7), M (7-9), L (9-11), XL (11-14)

6304

ITEM #	 SIZE	 COLOR

B1874237	 S	 Black

B1874238	 M	 Black

ITEM #	 SIZE	 COLOR

B1874239	 L	 Black 

B1874673	 XL	 Black

DRY ACRYLIC/FLEECE KNIT BEANIE FR MODACRYLIC KNIT BEANIE

•	100% acrylic shell
•	3M™ Thinsulate™ flex insulation 40g
•	Soft fleece liner
•	One size

•	Shell: 60% modacrylic/40% cotton blend
•	Lining: 60% modacrylic/40% cotton fleece
•	Reflective accent for higher visibility
•	Arc-rated; ATPV rating of 49.5 cal/cm2
•	Meets ASTM F1506 and NFPA 70E (CAT 4) 

6818 6820

ITEM #	 SIZE	 COLOR

B306072	 —	 Black

ITEM #	 SIZE	 COLOR

B1874587	 —	 Black

NFPA 70E CAT 4

ATPV 49.5 CAL/CM2



2-WAY 2-LAYER FR LINER 3-LAYER FLEECE LINER W/SHERPA

•	Top: FR modacrylic twill with FR 
   modacrylic fleece 
•	Lower: Double layer FR modacrylic 
   rib knit 
•	Meets ASTM F1506; classified to NFPA
   70E (CAT 2)

•	Shell: 100% polyester
•	Mid-Layer: 100% polyurethane foam
•	Lining: 100% polyester sherpa
•	Warming pack pockets / Hook & loop straps 

6950/6952

ITEM #	 SIZE	 COLOR

B910980	 —	 Black

2-LAYER FLEECE LINER - ECONO

•	Shell: 100% polyester with PU coating
•	Lining: 100% polyester fleece
•	Hook & loop straps  

6840/6842
2-LAYER LINER W/COTTON SHELL

•	Shell: 100% cotton twill
•	Lining: 100% polyester fleece
•	Warming pack pockets / Hook & loop          
   straps 

6850/6852

3-LAYER FR MODACRYLIC LINER 2- LAYER H&L MOUTH PIECE

•	Shell: 60% modacrylic / 40% cotton
   twill blend
•	Mid-Layer: 3M™ FR Thinsulate™

•	Meets ASTM F1506; classified to NFPA
   (CAT 3)

•	2-Layer, adjustable mouthpiece-cotton/
   fleece. Balaclavas sold separately.
•	Shell: 100% cotton twill
•	Lining: 100% polyester fleece
•	6872 Meets ASTM F1506

6892 6870/6872

ITEM #	 SIZE	 COLOR

B1874368	 —	 Black

2-PC. FLEECE (+ NEOPRENE) 
BALACLAVA

3-LAYER LINER W/NYLON SHELL

•	2-pc polyester fleece (6827 with 
   neoprene) face mask
•	Long length 
•	Hard hat hook & loop suspensions

•	Shell: 100% quilted nylon
•	Mid-Layer: 100% polyurethane foam
•	Lining: 100% polyester fleece
•	Warming pack pockets / Hook & loop straps 

6826/68276863/6867
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6885

68426840

ITEM #	 SIZE	    COLOR

B306076	 —	     Black

ITEM #	 SIZE	     COLOR

B306077	 —	   Black

6840: REGULAR LENGTH 6842: SHOULDER LENGTH

6850 6852

ITEM #	 SIZE	    COLOR

B306078	 —	     Black

ITEM #	 SIZE	     COLOR

B306079	 —	   Black

6850: REGULAR LENGTH 6852: SHOULDER LENGTH

NFPA 70E CAT 2

ATPV 17CAL/CM2

6950 6952

ITEM #	 SIZE	    COLOR

B306216	 —	     Black

ITEM #	 SIZE	     COLOR

B306242	 —	   Black

6950: REGULAR LENGTH 6952: SHOULDER LENGTH

NFPA 70E CAT 3

ATPV 27CAL/CM2

6870

6872

ITEM #	 SIZE	    COLOR

B306212	 —	     Black

ITEM #	 SIZE	     COLOR

B1874369	 —	   Black

6870 6872

68676863

ITEM #	 SIZE	    COLOR

B306210	 —	     Black

ITEM #	 SIZE	     COLOR

B1874369	 —	   Black

6863: REGULAR LENGTH 6867: SHOULDER LENGTH

6826
6827

ITEM #	 SIZE	    COLOR

B910955	 —	     Black

ITEM #	 SIZE	     COLOR

B910962	 —	   Black

6826 6827



FR MODACRYLIC BALACLAVA

•	Fleece with wind-protectant fabric 
   at most vulnerable places 
•	Unique hinged design 
•	3-panel construction for comfort
•	Hi-vis lime model with 
   reflective piping available

•	FR modacrylic blend fleece
•	Arc-rated; ATPV of 10.6 cal/cm2
•	Reflective accent for higher visibility
•	EN 1149 (Anti-Static)
•	Meets ASTM F1506; classified to NFPA 70E 

6823 6828

ITEM #	 SIZE	   COLOR

B2274257	 —	   HV Lime

ITEM #	 SIZE	       COLOR

B1874420	 —	       BLACK

BALACLAVA WITH HOT ROX™

6970 6821

THERMAL JACKET THERMAL BIBS

•	Rugged 500D nylon outer shell provides
   protection from the elements - blocking   
   wind, cold and repelling water
•	1600D nylon reinforcement zones in
   heavy wear areas
•	Removable hood with adjustable cords

•	Rugged 500D nylon outer shell provides
   protection from the elements - blocking   
   wind, cold and repelling water
•	1600D nylon reinforcement zones in
   heavy wear areas
•	Removable PE foam knee pads

6466 6471
TYPE R CLASS 3 QUILTED BOMBER JACKET

©2018 ERGODYNE. ALL RIGHTS RESERVED ALL WRONGS REVERSED.

FLEECE BALACLAVA

•	Polyester fleece for warmth
•	Long length 
•	Reflective accent for higher visibility

ITEM #	 SIZE	 COLOR

B306073	 —	 Black

8377

ITEM #	 SIZE	COLOR

B2274225	 M	 HV Orange

B2274217	 L	 HV Orange

B2274216	 XL	 HV Orange

ITEM #	 SIZE	COLOR

B2274195	 2XL	HV Orange

B2274194	 3XL	HV Orange

B2274187	 4XL	HV Orange

B2274309	5XL	HV Orange

WIND-PROOF HINGED FLEECE 
BALACLAVA

NFPA 70E CAT 2

ATPV 10.6CAL/CM2

POCKETS

3 3
INNER OUTER

+ REAR POCKET

ITEM #	 SIZE	COLOR

B2274232	 S	 Black

B2274231	 M	 Black

B2274203	 L	 Black

ITEM #	 SIZE	COLOR

B2274202	 XL	 Black

B2274221	 2XL	Black

B2274212	 3XL	Black

POCKETS

0 3
INNER OUTER

ITEM #	 SIZE	COLOR

B2274315	 S	 Black

B2274314	 M	 Black

B2274278	 L	 Black

ITEM #	 SIZE	COLOR

B2274277	 XL	 Black

B2274244	 2XL	Black

B2274243	 3XL	Black

•	2-pc fleece, patented design 
•	Built-in heat exchanger for warm air
   inhalation
•	Form-fitting design prevents eyewear
   from fogging
•	Removable face mask
ITEM #	 SIZE	 COLOR

B910981	 —	 Black

•	Weatherproof 300D oxford polyester 
•	PU coating
•	Fully lined with 160g thermal
   quilted insulation
•	Inset hood with drawstring and stoppers

ITEM #	 SIZE	COLOR

B2274308	 S	 HV Lime

B2274307	 M	 HV Lime

B2274282	 L	 HV Lime

B2274281	 XL	 HV Lime

ITEM #	 SIZE	COLOR

B2274280	 2XL	HV Lime

B2274254	 3XL	HV Lime

B2274253	 4XL	HV Lime

B2274255	 5XL	HV Lime

POCKETS

1 3
INNER OUTER



(800) 645-1232, service@glo-
balindustrial.com.
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